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CP 653 Speed sleeve CFS-MSL Modular sleeve

2" 4" S M L

Cable Diameter
(mm) Inches Maximum Capacity

 3.0 0.118 163 819 180 486 1188

3.5 0.138 121 596 144 368 851

4 0.157 88 451 112 280 660

4.5 0.177 69 356 84 216 522

5 0.197 56 287 66 176 416

5.5 0.216 45 240 50 150 360

6 0.236 37 199 45 117 286

6.5 0.256 32 164 32 96 240

7 0.275 27 141 28 88 198

8 0.314 19 109 28 70 160

9 0.354 16 85 18 54 126

10 0.394 13 61 15 40 104

11 0.433 11 50 10 35 84

12.5 0.491 7 38 8 24 60

15 0.59 5 26 6 15 40

18 0.708 3 19 3 12 28

20 0.786 2 14 2 8 24

25 0.983 1 8 2 6 15

30 1.179 1 7 1 2 8

35 1.375 1 3 0 2 6

*Data is representative of maximal theoretical calculated cable capacity.


