3 4 TI7 5 6 7 8

-n

ITEM DESCRIPTION QUANTITY
1 CHANNEL PROFILE 1
2 RIVET CONNECTION 2
3 ROUNDED HEADED ANCHOR 2
4 END CAP 2
5 TEAR OUT BAND 1
6 FILLER FOAM 1
5.91"
A [150]
52 32
< [ <=
jl
0.98" 3.94" 0.98" -
[25] ‘ [100] | [25]
ELEVATION VIEW SECTION A-A'
|
O=—=-0
‘ HAC-V 40 110/150 F‘
1.18" 1.18"
[30] [30]
PLAN VIEW
—_— ISOMETRIC VIEW

ITEM NUMBER: CHANNEL LIP:

2331489 SMOOTH

ITEM DESCRIPTION:

HAC-V 40 110/150 F

3 4 All 5 6 7 8



3 4 TI7 5 6 7 8

-n

ITEM DESCRIPTION QUANTITY

1 CHANNEL PROFILE 1
2 RIVET CONNECTION 2 A

3 ROUNDED HEADED ANCHOR 2

4 END CAP 2

5 TEAR OUT BAND 1

6 FILLER FOAM 1
B

7.87"
A [200]
5@ 32
<= <=
0.98" A 5.91" 0.98"
[25] ‘ [150] | [25]
ELEVATION VIEW SECTION A-A'
\ |
O= o)
‘ /ZDOF‘
1.18" 1.18
[30] [30]

PLAN VIEW ISOMETRIC VIEW E

ITEM NUMBER: CHANNEL LIP:

2331490 SMOOTH

ITEM DESCRIPTION:

HAC-V 40 110/200 F

3 4 All 5 6 7 8



3 4 TI7 5 6 7 8

-n

ITEM DESCRIPTION QUANTITY

1 CHANNEL PROFILE 1
2 RIVET CONNECTION 2 A

3 ROUNDED HEADED ANCHOR 2

4 END CAP 2

5 TEAR OUT BAND 1

6 FILLER FOAM 1
B

9.84"
A [250]
52 32
< |[= <=
0.98" A 7.87" 0.98"
125] ‘ [200] | [25]
ELEVATION VIEW SECTION A-A'
\ |
O= o)
\ |
1.18" 1.18
[30] 130]

PLAN VIEW ISOMETRIC VIEW E

ITEM NUMBER: CHANNEL LIP:

2331491 SMOOTH

ITEM DESCRIPTION:

HAC-V 40 110/250 F

3 4 All 5 6 7 8



-n

ITEM DESCRIPTION QUANTITY
1 CHANNEL PROFILE 1
2 RIVET CONNECTION 2
3 | ROUNDED HEADED ANCHOR 2
4 END CAP 2
5 TEAR OUT BAND 1
6 FILLER FOAM 1
11.81"
A [300]
5E 82
< | = < =
0.98" A 9.84" 0.98"
[25] [250] [25]
ELEVATION VIEW SECTION A-A'
|
(o) =0)
‘ HAC-V 40 110/300 F‘
1.18" 1.18
[30] [30]
PLAN VIEW ISOMETRIC VIEW

ITEM NUMBER: CHANNEL LIP:

2331492 SMOOTH

ITEM DESCRIPTION:

HAC-V 40 110/300 F

2 3 4 All 5 6 7 8
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ITEM DESCRIPTION QUANTITY
1 CHANNEL PROFILE 1
2 RIVET CONNECTION 3
3 ROUNDED HEADED ANCHOR 3
4 END CAP 2
5 TEAR OUT BAND 1
6 FILLER FOAM 1
13.78"
A [350]
5@ S
< |[= <=
0.98" A 5.91" 5.91" 0.98"
[25] ‘ [150] ‘ [150] ‘ [25]
ELEVATION VIEW SECTION A-A'
\ |
iE)== = (O <o ESl))
‘ HAC-V 40 110/350 F‘
1.18" 1.18" 1.18" 1.18"
[30] [30] " [30] [30]
PLAN VIEW ISOMETRIC VIEW

ITEM NUMBER: CHANNEL LIP:

2331493 SMOOTH

ITEM DESCRIPTION:

HAC-V 40 110/350 F

2 3 4 All 5 6 7 8
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-n

ﬁ HAC-V 40 110/400 F

ITEM DESCRIPTION QUANTITY
1 CHANNEL PROFILE 1
2 RIVET CONNECTION 3
3 ROUNDED HEADED ANCHOR 3
4 END CAP 2
5 TEAR OUT BAND 1
6 FILLER FOAM 1
15.75"
A [400]
5@ S
< [ <=
0.98" A 6.89" 6.89" 0.98"
[25] ‘ [175] ‘ [175] ‘ [25]
ELEVATION VIEW SECTION A-A'
\ |
IE)== — (O o ESl))
‘ HAC-V 40 110/400 F‘
1.18" 1.18" 1.18" 1.18"
[30] [30] " [30] [30]
PLAN VIEW ISOMETRIC VIEW

ITEM NUMBER: CHANNEL LIP:

2331494 SMOOTH

ITEM DESCRIPTION:

2 3 4 All 5 6 7 8



1 2 3 4 TI7 5 6 7 8
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ITEM DESCRIPTION QUANTITY
1 CHANNEL PROFILE 1
2 RIVET CONNECTION 3
3 ROUNDED HEADED ANCHOR 3
4 END CAP 2
5 TEAR OUT BAND 1
6 FILLER FOAM 1
17.72"
A [450]
5 52
< < (=
0.98" A 7.87" 7.87" 0.98"
[25] ‘ [200] ‘ [200] ‘ [25]
ELEVATION VIEW SECTION A-A'
\ |
i)== ~ (O < ESl))
‘ HAC-V 40 110/450 F‘
1.18" 1.18" 1.18" 1.18"
[30] [30] " [30] [30]
PLAN VIEW ISOMETRIC VIEW

ITEM NUMBER: CHANNEL LIP:

2331495 SMOOTH

™ ITEM DESCRIPTION:
@ HAC-V 40 110/450 F

1 2 3 4 All 5 6 7 8



1 2 3 4 :|7 5 6 7 8
A
B
21.65"
A [550]
S S
<= &=
C
0.98" A 9.85" 9.84" 0.98"
[25] [250] ‘ [250] [25] K=
ELEVATION VIEW SECTION A-A'
D
\ |
(@ == = (® [ o ( I
\ HAC 40110 I
1.18" 1.18"| 1.18" 1.18"
[30] [30] © [30] [30]
PLAN VIEW ;
ITEM NUMBER: CHANNEL LIP:
TBD SMOOTH
F ITEM DESCRIPTION: F
HAC-V 40 110/550 F
7 8

3 4 Als 5 6




1 2 4 t|7 5 7
A
B
31.50"
A [800]
5@ 3
< | = <~ = C
0.98" A 9.84" 9.84" 9.84" 0.98" <]—
[25] [250] ‘ [250] [250] [25]
ELEVATION VIEW SECTION A-A'
D
| |
(®) == ml) == &)
| HAGV 40 110800 F I
1.18" 1.18"| 1.18" 1.18" 1.18" 1.18"
[30] [30] * [30] [30] " [30] [30]
E
PLAN VIEW
ITEM NUMBER: CHANNEL LIP:
TBD SMOOTH
ICC . ITEM DESCRIPTION: F
@ HAC-V 40 110/800 F
1 | 4 7 8




1 2 3 4 TI7 5 6 7 8

-n

ITEM DESCRIPTION QUANTITY
1 CHANNEL PROFILE 1
2 RIVET CONNECTION 24 A
3 ROUNDED HEADED ANCHOR 24
4 END CAP 2
5 TEAR OUT BAND 2
6 FILLER FOAM 1 —
B
228.35"
A [5800]
=i 0
AR
i 82
<= < =
C
0.98" A 9.84" 9.84" 0.98"
[25] ‘ [250] ‘ [250] ' [25]
ELEVATION VIEW SECTION A-A'
\ |
j(@ [ - o (@ o o j
| HACV 40 1105800 F |
1.18" 1.18" 1.18" 1.18"
[30] [30] " [30] [30]
PLAN VIEW ISOMETRIC VIEW E
ITEM NUMBER: CHANNEL LIP:
2331496 SMOOTH
ICC w ITEM DESCRIPTION:
@ HAC-V 40 110/5800 F

1 2 3 4 All 5 6 7 8



